
 

 

Hurst Jaws of Life® Rescue Tools

 
Schedule 84      GS-07F-0091H 

ML-28 Defender Spreader 
19-805-580

JL-MOC II Cutter 
19-805-581 

 

Fisher Safety Sales Representatives 
Mike Odom Steve Lowell Bob Wynn  Scott Carpenter 
(USN/USMC/USCG) (USN/USCG/USAF/USA) (USAF/USA)  (USN/USCG/USA) 
619-931-8880 813-494-1472 702-813-8212  757-535-0576 
michael.odom@thermofisher.com steven.lowell@thermofisher.com bob.wynn@thermofisher.com scott.j.carpenter@thermofisher.com   
Rod Born Ruth Meredith 
(TX, OK) (Fed. Gov’t./USA/USMC/USN) 
210-836-7480 813-494-5849 
rodney.born@thermofisher.com  ruth.meredith@thermofisher.com 
  

Fisher Safety Customer Service 
800-226-4732 

 
Description Model Fisher Cat. No. 
ML-28 Defender Spreader 362R397 19-805-580 
JL-MOC II Cutter 362R392 19-805-581 
Telescoping Rams   
  T-41 257R156 19-805-582 
  T-59 257R157 19-805-583 
  Extension Kit 101R038 19-805-585 
  Quick Kick Ram Support 247R028 19-805-586 
  Ram Attachment Kit 257R037 19-805-584 
LKE 55 Combo Tool LKE-55 19-168-218 
Power Units   
  Simo 363R169 19-805-588 
  Mini-Mate 363R217 19-805-587 
Hose (in 30’ lengths)   
  Orange 3530022 19-805-589 
  Green 353R090 19-805-590 
  Blue 353R153 19-805-591 

LKE 55 Combi Tool 
19-168-218 

Simo Power Unit 
19-805-588 

  
ML-28 Defender Spreader 
 Spreading force: up to 44,000 lb. 
 Spreading distance: 28” 
 Pulling force: up to 20,000 lb. 
 Dimensions (L x W x D): 30.5 x 13.77 x 8.46” 
 Weight: 48 lb.   

JL-MOC II Curved-Blade Cutter 
 Cutting force: up to 152,870 lb. 
 Opening: 7” 
 Dimensions (L x W x H): 30.9 x 9.06 x 8.9” 
 Weight: 47 lb. 

LKE 55 Combination Tool  
 20-volt battery provides more than  20 minutes of operation 
 Spreading force: up to 30,300 lb. 
 Cutting force: up to 56,100 lb. 
 Dimensions (L x W x H): 31.8 x 10.5 x 7.9” 
 Weight: 34.1 lb. 

  
Telescoping Rams 
 Select from two lengths: 59” (T-59) or 41” (T-41) 
 Spreading force (1): up to 29,803 lb.; (2) up to 14,830 lb. 
 Stroke (T-59): 34.5”; (T-41): 22.6” 
 Retracted length (T-59): 24.6”; (T-41): 18.7” 
 Extended length (T-59): 59.1”; (T-41): 41.3” 
 Dimension (L x W): 4.4 x 9.25” (same for both rams) 
 Weight (T-59): 46.9 lb.; (T-41): 38.3 lb. 

 

Telescoping Rams 
T-59, 19-805-583 
T-41, 19-805-582 

 
Simo and Mini Mate Simo Power Units 
Allows simultaneous operation of two tools 
 Simo Unit 
 Engine: 5.5hp Honda 
 Reservoir: 2 gal. 
 Dimensions (L x W x H): 18.9 x 17.7 x 19.7” 
 Weight: 87 lb.  

Mini Mate Simo Unit 
 Engine: 3hp Honda 
 Reservoir: .92 gal. 
 Dimensions (L x W x H): 18.1 x 12.4 x 17.5” 
 Weight: 60.4 lb. 

Don’t Forget to Ask 
About the Hurst 
Streamline Coupling Kit 
(19-805-593) and 
Streamline Nipple Kit 
(19-805-592)


